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NF160-SXV,NF160-LXV,NF160-HXV

Ui:

690V; Uimp: 8kV

Ue: 230-380-400-415VAC/250VDC
In: 125A, 150A, 160A (NF160-LXV, NF160-HXV),15A, 16A, 20A, 30A, 32A, 40A,

50A, 60A,
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63A, 75A, 80A, 100A, 125A, 150A, 160A (NF160-SXV)
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Ics:
36kA/415VAC, 36kA/4A00VAC, 36kA/380VAC, 85kA/230VAC, 20kA/250VDC
(NF160-SXV)
50kA/415VAC, 50kA/400VAC, 50kA/380VAC, 90kA/230VAC, 20kA/250VDC
(NF160-LXV)
70kA/415VAC, 75kA/400VAC, 75kA/380VAC, 100kA/230VAC, 40kA/250VDC
(NF160-HXV)
Icu:
36kA/415VAC, 36kA/400VAC, 36kA/380VAC, 85kA/230VAC, 20kA/250VDC
(NF160-SXV)
50kA/415VAC, 50kA/400VAC, 50kA/380VAC, 90kA/230VAC, 20kA/250VDC
(NF160-LXV)
70kA/415VAC, 75kA/400VAC, 75kA/380VAC, 100kA/230VAC, 40kA/250VDC
(NF160-HXV)
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