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NF250-SVU. NF250-HVU; Ui:690V;Uimp:8kV;Ue: AC230V, AC380V, AC400V, AC415V;In:
125A,150A,175A,200A,225A,250A ;3% & 7 it 4= 25 K A #2% X ;NF250-SVU: Ue: AC230V
Ics=33kA, Icu=65kA;Ue: AC380V Ics=18kA, Icu=36kA;Ue: AC400V Ics=18kA, Icu=36kA;Ue:
AC415V Ics=18kA, Icu=36kA;NF250-HVU: Ue: AC230V Ics=50kA, Icu=100kA; Ue: AC380V
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